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Note:  Use ZL-DN15TB-CBL cable only for Communication Module DN-15TB;  Super VGA cables will not function correctly.

Connection Cables (cont.)
ZIPLink Connection Cables

Part Number Description Insulation
Rating

Conductor
Size Price 

Communication Adapter
ZL-DN15TB-CBL 15 pin shielded cable for DN-15TB module 6.5 ft (2M) 300V 80°C #28 AWG <--->

ZL-DN25TB-CBL 25 pin shielded cable for DN-25TB module 6.5 ft (2M) 300V 80°C #28 AWG <--->

Ready to Wire w/Pigtail End
ZL-2CBL2-2P DL-205-16 Ready-to-wire 20 conductor cable, 2A max/conductor 6.5 ft (2M) 300V 80°C #24 AWG <--->

ZL-3CBL3-2P DL-305-16 Ready-to-wire 24 conductor cable, 2A max/conductor 6.5 ft (2M) 300V 80°C #24 AWG <--->

Standard DL05/06
ZL-CBL056 Ziplink cable for DL05 and 06 16 point I/O modules to Ziplink feedthrough modules (0.5M) 300V 80°C #24 AWG <--->

ZL-CBL056L Ziplink cable for DL05 and 06 16 point I/O LED modules (0.5M) 300V 80°C #24 AWG <--->

ZL-CBL056FR Ziplink cable for DL05 and 06 16 point I/O fuse/relay modules (0.5M) 300V 80°C #24 AWG <--->

Standard
ZL-DB9-CBL Cable with 9-pin Dsub connectors on both ends, black. male/female, (2M) 300V 80°C #28 AWG <--->

ZL-DB15-CBL Cable with 15-pin Dsub connectors on both ends, black. male/female, (2M) 300V 80°C #28 AWG <--->

ZL-DB25-CBL Cable with 25-pin Dsub connectors on both ends, black. male/female, (2M) 300V 80°C #28AWG <--->

ZL-RJ12-CBL Reverse-wired cable with two RJ12 connectors, black. (2M) 300V 80°C #28 AWG <--->

* Can be used with any brand PLC.
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